Technical data sheet

TP support / wall and support bracket

TP bracket with clamping lugs for screwless mesh cable tray fastening.
If the bracket is fastened directly to the wall or the profiles are screwed together, then, for

reasons of stability, always use the spacer, type DS 4.

Type For  FinkN Pack. Weight Item No.
width kN pcs  kg/100 pes.
inch
WMTSC04 | 47 |15 |50 [33000 |6366015
WMTSC06 | 67 |1 |20 41,000 |6366023
WMTSC08 | 8 |09 |20 48000 |6366031
WMTSC12 [12” [ 0,55 |20 |61,000 |6366066

. Steel

S Strip-galvanised
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B Load
° Load diagram, bracket TPSAG

cod 0 Bending of the bracket tip at permitted bracket load
ool 345 @ Permitted bracket load in kN without man load

ol A — Load curve with bracket lengths in mm
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Characteristic anchor load values for TP bracket - Wall fastening
F F Max. load F [KN]
Bracket width [mm] 145 195 245 345
Anchor type
BZ-U 8-30-41/95 1 0,8 0,7 0,5
BZ-U 10-30-50/110 1,5 1 0,9 0,55
Max. total load F = cable weight + cable tray + bracket. The load capacity values
increase considerably when used in uncracked concrete. The values given are ba-

sed on concrete of strength class C20/25. Observe the installation conditions of
the DIBt approval (anchors).
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